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Broadband Dielectric Mirrors (Page 3 of 4)

 ITEM # DIAMETER  $ £ E RMB THICKNESS

 BB05-E03 1/2" (12.7 mm)  $ 49.40 £ 35.57 e 42,98 ¥ 393.72 6 mm
 BB1-E03 1" (25.4 mm)  $ 75.10 £ 54.07 e 65,34 ¥ 598.55 6 mm
 BB2-E03 2" (50.8 mm)  $ 146.00 £ 105.12 e 127,02 ¥ 1,163.62 12 mm
 BB3-E03 3" (76.2 mm)  $ 385.00 £ 277.20 e 334,95 ¥ 3,068.45 19.1 mm
 BB4-E03 4" (101.6 mm)  $ 690.00 £ 496.80 e 600,30 ¥ 5,499.30 19.1 mm

 ITEM # DIAMETER  $ £ E RMB THICKNESS

 BB05-E03-10 1/2" (12.7 mm)  $ 444.60 £ 320.11 e 386,80 ¥ 3,543.46 6 mm
 BB1-E03-10 1" (25.4 mm)  $ 675.90 £ 486.65 e 588,03 ¥ 5,386.92 6 mm
 BB2-E03-10 2" (50.8 mm)  $ 1,314.00 £ 946.08 e 1.143,18 ¥ 10,472.58 12 mm

Sizes:  Ø1/2", Ø1", Ø2", Ø3", Ø4",  
1/2" x 1/2", 1" x 1", and 2" x 2"

NIR Broadband Dielectric Mirrors 
750 – 1100 nm Minimum Range*
Our E03 broadband dielectric-coated mirrors offer high reflectance in  
the NIR over a minimum range* of 750 to 1100 nm. These mirrors are 
offered individually in four round and three square versions. Sets of ten  
are also available for the following sizes: Ø1/2", Ø1", or Ø2". The laser 
damage threshold for our E02 coating is 1 J/cm2 at 810 nm for a  
Ø0.133 mm pulsed beam with 10 ns pulses at 10 Hz or 0.5 J/cm2 at  
1064 nm with a Ø0.433 mm pulsed beam with 10 ns pulses at 10 Hz.

Round, NIR Broadband Dielectric Mirrors (10 Packs)

Round, NIR Broadband Dielectric Mirrors

 ITEM # DIMENSIONS $ £ E RMB THICKNESS

 BBSQ05-E03 12.7 mm x 12.7 mm (1/2" x 1/2") $ 49.10 £ 35.35 e 42,72 ¥ 391.33 6 mm
 BBSQ1-E03 25.4 mm x 25.4 mm (1" x 1") $ 75.10 £ 54.07 e 65,34 ¥ 598.55 6 mm
 BBSQ2-E03 50.8 mm x 50.8 mm (2" x 2") $ 162.80 £ 117.22 e 141,64 ¥ 1,297.52 6 mm

Square, NIR Broadband Dielectric Mirrors

BB2-E03

BB05-E03

BBSQ2-E03

BBSQ1-E03

Specifications
n Substrate Material: Fused Silica
n Clear Aperture 

• Round: >90% of Diameter 
• Square: 90% of Area

n Front Surface Flatness:  
λ/10 at 633 nm

n Front Surface Quality:  
10-5 Scratch-Dig

n Back Surface: Fine Ground
n Diameter Tolerance: +0/-0.1 mm
n Thickness Tolerance: ±0.2 mm
n Parallelism    : ≤3 arcmin
n Chamfers:  

0.50 mm x 45° (Both Sides)
n Ravg > 99% for S and P Polarization for 

Angles of Incidence from 0° to 45°

E03 Coating (AOI = 45˚)
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SAVE 10%Have you 
seen our...
Backside 
Polished 
Mirrors 
with a  
-E03 
Coating

See page  
XXX

* The specified wavelength range (shaded region) was chosen to ensure the mirror was 
suitable for all applications. See the plots to determine the wavelength range for your 
application.

KM100S Kinematic 
Mirror Mount
for 1" x 1" Square  
Mirrors (See Page XXX)
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