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Sample	Parameters

Sample	Name:
PC	Connector

Product	Type:
Standard	Connector

Fiber	Diameter:
126

Nominal	Y-Angle:
0

Ferrule	Type:
Ceramic

Result:	PASS

PASS/FAIL	MEASUREMENTS
Parameter Min Max Value Result

Radius	of	Curvature	(mm) 5 30 8.905 Pass

Fiber	Height	(nm) -229.869 100 79.232 Pass

Apex	Offset	(um) 0 70 32.594 Pass

ADDITIONAL	MEASUREMENTS
Parameter Value

Apex	Offset	X	(um) 25.307

Apex	Offset	Y	(um) -20.54
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